
PRFIA -  CONNECTOR - END 1 
GENDER - END 2 

GENDER - ORIENTATION - 1

–185
= 1.85 mm 

–240
= 2.40 mm

–292
= 2.92 mm

–P
= Plug

–J
= Jack

–P
= Plug

(Only available 
with -P on 

end 1)

–J
= Jack

–S
= Straight

Required for 
-292 Jack-to-Jack adaptor

(PRFIA-292-J-J-S-1)

Leave blank for all 
other part numbers.

IN-SERIES PRECISION RF ADAPTORS

Unless otherwise approved in writing by Samtec, all parts and components are designed and built according to Samtec’s specifications which are subject to change without notice.
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PRFIA–185–J–J–S

PRFIA–185–P–J–S

PRFIA–240–P–P–S PRFIA–292–P–P–S

PRFIA–292–P–J–S

PRFIA–292–J–J–S–1
VSWR

–185: 1.30 max.
–240: 1.20 max.
–292: 1.15 max.

1.85 mm,  
2.40 mm, 2.92 mm   
In-Series Adaptors
PRFIA

SMPM
In-Series Adaptor:
PRFIA

Mates With:
SMPM, GPPB, GPPC

PRFIA - SMPM - END 1 
GENDER - END 2 

GENDER - ORIENTATION - –S
 LENGTH - –SP

LENGTH

 –J
= Jack

–J
= Jack

–S
= Straight

–SP
= Spring Loaded

Use with –S 
orientation 

–1
= (5.33 mm) 

.210"

–2
= (8.31 mm) 

.327"

–3
=(12.70 mm) 

.500"

–4
= (4.22 mm) 

.166"

Use with –SP 
orientation

–1
= (10.45 mm) 
.412" max. 
extension; 
(9.65 mm) 

.380" max. 
compression

–2
= (16.50 mm) 
.650" max. 
extension;
(13.96 mm) 
.550" max. 

compression

–S–1 SHOWN –S–2 SHOWN

–S–3 SHOWN –S–4 SHOWN

–SP–1 SHOWN
(COMPRESSED)

–SP–2 SHOWN
(COMPRESSED)

VSWR
1.15 max. (DC to 26.5 GHz)
1.35 max. (26.5 GHz to 40 GHz)
1.50 max. (40 GHz to 65 GHz)

F-224 samtec.com?PRFIA
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